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Fisher™ FIELDVUE™ 4400 Digital Position
Monitor and Magnet Array Dimensions

4400 Envelope Dimensions . . . . . . . . . . . Figure 1

Magnet Arrays(1) . . . . . . . . . . . . . . . . . . . . Figure 2

Magnet Array Dimensional drawings:

SStem #7 . . . . . . . . . . . . . . . . . . . . . . . . .
7 mm (1/4 inch)

Figure 3

SStem #19 . . . . . . . . . . . . . . . . . . . . . . . .
19 mm (3/4 inch)

Figure 4

SStem #25 . . . . . . . . . . . . . . . . . . . . . . . .
25 mm (1 inch)

Figure 5

SStem #38 . . . . . . . . . . . . . . . . . . . . . . . .
38 mm (1-1/2 inch)

Figure 6

SStem #50 . . . . . . . . . . . . . . . . . . . . . . . .
50 mm (2 inch)

Figure 7

SStem #110 . . . . . . . . . . . . . . . . . . . . . . .
110 mm (4‐1/8 inch)

Figure 8

SStem #210 . . . . . . . . . . . . . . . . . . . . . . .
210 mm (8-1/4 inch)

Figure 9

RShaft #1 / LRC(2) . . . . . . . . . . . . . . . . . .
Fisher 2052 Size 2 & 3
1051/1052 Size 40-70
1061 Size 30-100
Sliding Stem > 210 mm (8.25 inches)

Figure 10

RShaft #2 / LRC(2) . . . . . . . . . . . . . . . . . .
2052 Size 1, 1051/1052 Size 20-33

Figure 10

RShaft End . . . . . . . . . . . . . . . . . . . . . . . .
90 degree

Figure 11

Related Documents . . . . . . . . . . . . . . . . . Page  8

1. Linear magnet array width dimensions are shown in figure 6.
2. Linear Roller Cam.
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AIR PASSAGE
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Figure 1. Fisher 4400 Envelope Dimensions 

mm
(INCH)BACK VIEW

 1�Housing insert for SSTEM #210 magnet array (figure 9) inserted here.
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Magnet Arrays

Figure 2. Magnet Arrays
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Figure 3. SStem #7 Magnet Array
(Also see�2�in figure 6)

4.2 - 7 mm (0.17 - 0.28 INCH) TRAVEL RANGE

46.8
(1.80)

20
(0.79)

5.5
(0.22)

32
(1.26)

18
(0.71)

32.5
(1.28)

M4 X 0.7 - 6G (ALUMINUM)
M5 X 0.8 X 12 (SST) mm

(INCH)

Figure 4. SStem #19 Magnet Array
(Also see�2�in figure 6)

8 - 19 mm (0.32 - 0.75 INCH) TRAVEL RANGE

61.05
(2.40)

16.05
(0.63)

5.5
(0.22)

32
(1.26)

18
(0.71)

31.2
(1.23)

M4 X 0.7 - 6G (ALUMINUM)
M5 X 0.8 X 12 (SST) mm

(INCH)

Figure 5. SStem #25 Magnet Array (also see�2�in figure 6)

61.05
(2.40)

18
(0.71)

32
(1.26)

31.2
(1.23)

5.5
(0.22)

15.9
(0.62)

M4 X 0.7 - 6G (ALUMINUM)
M5 X 0.8 X 12 (SST)

20 - 25 mm (0.76 - 1.00 INCH) TRAVEL RANGE
mm

(INCH)
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Figure 6. SStem #38 Magnet Array

26 - 38 mm (1.01 - 1.50 INCH) TRAVEL RANGE

73.75
(2.90)

15.9
(0.62)

5.5
(0.22)

32
(1.26)

31.2
(1.23)

6.3
(0.25)

6.3
(0.25)

2

2

18
(0.71)

mm
(INCH)

M4 X 0.7 - 6G (ALUMINUM)
M5 X 0.8 X 12 (SST)

 2�Linear magnet array width dimensions.
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Figure 7. SStem #50 Magnet Array (also see�2�in figure 6)

39 - 50 mm (1.51 - 2.00 INCH) TRAVEL RANGE

86.37
(3.40)

18.7
(0.74)

10
(0.39)

57.4
(2.26)

28.5
(1.12)

31.8
(1.25)

18
(0.71)

mm
(INCH)

M4 X 0.7 - 6G (ALUMINUM)
M5 X 0.8 X 12 (SST)

Figure 8. SStem #110 Magnet Array (also see�2�in figure 6)

51 - 110 mm (2.01 - 4.125 INCH) TRAVEL RANGE

162.58
(6.40)

18.7
(0.74)

10
(0.39)

133.6
(5.26)

28.5
(1.12)

31.8
(1.25)

18
(0.71)

mm
(INCH)

M4 X 0.7 - 6G (ALUMINUM)
M5 X 0.8 X 12 (SST)
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 1�Refer to BACK VIEW of figure 1 for housing insert placement.

Figure 9. SStem #210 Magnet Array (also see�2�in figure 6)

111 - 210 mm (4.126 - 8.25 INCH) TRAVEL RANGE

261.83
(10.31)

18.7
(0.74)

5.5
(0.22)

71.7
(2.82)

58
(2.28)

18
(0.71)

28.5
(1.12)

HOUSING INSERT FOR SSTEM #210 MAGNET ASSEMBLY

2.5
(0.10)

12.05
(0.47)

mm
(INCH)

1

M4 X 0.7 - 6G (ALUMINUM)
M5 X 0.8 X 12 (SST)
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Figure 10. RShaft Window Magnet Assemblies
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Figure 11. RShaft End Mount Magnet Assembly

4 X � 3.4 (0.13)  THRU

� 22 (0.87)

8.2
(0.32)

� 28 (1.10)
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(1.45)

7.2
(0.28) mm

(INCH)

Related Documents
� Bulletin 62.3:4400

Fisher 4400 Digital Position Transmitter
D104739X012

� Fisher 4400 Digital Position Transmitter 
Instruction Manual D104738X012

Documents are available from your Emerson sale office
or at Fisher.com
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The contents of this publication are presented for informational purposes only, and while every effort has been made to ensure their accuracy, they are not
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